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RIGID RAINTIGHT CONNECTORS 
COMPRESSION TYPE WITH INUSLATED THROAT - STEEL

Job Name/Title:__________________________________ Model #:______________________ Contractor:__________________________

FEATURES
 • Raintight
 • Compression type connector
 • Insulated throat
 • Threadless
 • Suitable for use with UL 6 Rigid Conduit
 • For use with steel conduit
 • EZ slip-on labor saving design
 • No disassembly required

APPLICATION 
 • Use to join unthreaded Rigid or IMC conduit  
  to steel outlet box or metal enclosure

STANDARD MATERIAL  
 • Body/Gland Nut: Steel/Zinc plated
 • Gasket/Insulator: High performance  
  thermoplastics
 • Locknut: Steel/Zinc plated

STANDARD FINISH  
 • Body/Gland Nut: Steel/Zinc plated
 • Gasket/Insulator: High performance  
  thermoplastics
 • Locknut: Steel/Zinc plated

CERTIFICATIONS 
 • UL Standard: UL 514B
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PART # SIZE INNER 
QTY.

MASTER 
QTY.

WEIGHT/ 
CASE (LBS.) A B

261SIRT 1/2" 20 200 35 1.62" 1.23"

262SIRT 3/4" 10 100 25 1.69" 1.50"

263SIRT 1" 5 50 20 2" 1.80"

264SIRT 1-1/4" 5 50 39 2.21" 2.21"

265SIRT 1-1/2" --- 12 9 2.28" 2.44"

266SIRT 2" --- 12 12 2.44" 3"

261SIRT


