
Sumner Manufacturing Co, Inc.Pro Roll w w w . s u m n e r . c o m

Roller adjustment 
from either side

Á ½ to 36" (1.2 to 91 cm)  
or 2,000 lb (900 kg)  
pipe capacity 

Á Clean and simple design  
avoids welder interference

Á Bronze bearing to  
eliminate arcing 

Wheels trued for true 
pipe rotation

Brake to lock loads 
for layout or fit-up

Handle large 
enough to work 

with  gloved hand

Quick Change  
design increases 
roller stand utility

Fits ½" to 36"  

(1.2 to 91 cm) pipe

31"
(80 cm)23"

(58.5 cm)

Leveling on either 
side of stand

Set screw for double  
margin of safety

Pro Roll Weight

Part No. Description lb kg

780440
780441
780442
780443
780444
780446

Pro Roll [base only]
Pro Roll with roller wheels
Pro Roll with ball transfer heads
Pro Roll with rubber wheels
Pro Roll with SS wheels
Pro Roll with bar stock head

38.0
47.0
49.0
45.0
47.0
49.0

17.2
21.3
22.2
20.4
21.3
22.2

Quick action lock washer 
for fast height positioning

Galvanized inside 
tube resists corrosion

Formed steel legs

MADE IN USA

Adjustable Height
29" (74 cm) to
43" (109 cm)

Patented Fall Guard™  
feature allows 1" (2.5 cm)  

safety zone around  
lock washer
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