
Specifications are subject to change without prior notice. For technical questions about these products, call 888.551.2852 x1451.

    Initial Bulb Rated Life MOL 
Item # Watts CRI  CCT (K) Lumens Shape (HRS) (IN) Base

FP24/835/HO-39 24 85 3500 1750 T5 Linear 24,000 24 G5 Min
     Tube  

T5 High Output Linear Fluorescent Lamp
FP24/835/HO
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Specifications   

TCLP Compliant, RoHS Compliant


