
6" Recessed Trim
RT609WH/A/P
Albalite Shower Trim w/Plastic Ring

• 40W A19 Lamp
• For use with 6” vertical fixture

 Item # RT609WH/A/P-28

 Product Code 79137

 UPC Code 751338029330

 Warranty 3 years

    Specifications are subject to change without prior notice.
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RATED FOR 
WET LOCATIONS

Series Aperture Size 2X # Trim Color Ring Color Lamp Type/ Wattage Airtight Options

RT= Recessed Trim 3 See Below WH = White Blank=Same color as trim Blank = Incandescent Blank = Non-AT Used for trims
 4  BL=Black WH = White C=CFL or insert 'AT' with both Plastic
 5  CH=Chrome BL=Black G=GU  and Metal Rings,
 6  NK=Satin Nickel CH=Chrome LED=LED  Different Lensing, Etc
   CL=Clear NK=Satin Nickel LV=Low Voltage
   GO=Gold

Trim Numbering System

00 = Smooth Reflector 04 = Open Ring 08 = Slot 12 = Deep Baffle 16 = Deep Gimbal 20 = Wall Wash
01 = Baffle 05 = Open Ring 09 = Shower 13 = Baffle Eyeball 17 = Shallow Baffle 21 = Baffle Wall Wash
02 = Baffle 06 = Gimbal 10 = Deep Smooth Reflector 14 = OPEN 18 = OPEN
03 = Eyeball 07 = Pin Hole  11 = Deep Reflector w/Baffle 15 = OPEN 19 = Deep Shower   
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