
A-Shape Yellow LED
LA19/3/YELLOW
2.5 Watt Omnidirectional A19

• Omnidirectional light distribution, 220° spread
• Suitable for use in totally enclosed luminaires

 Item # LA19/3/YELLOW-46

 Product Code 79670

 UPC 751338001589

 Pack-QTY 1/6/24

 Watts 2.5

 Volts 120

 Lamp Shape A19

 Base E26 Medium

 Peak Wavelength 600 Nm

 Color Yellow

 Initial Lumens 70

 Average Rated Life 25,000

 MOL 4.33"

 Warranty 5 years 
 Specifications are subject to change without prior notice.
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Spectrophotocolorimeter Test Report

Non-dimmable A19 2.5W Yellow

Light Source Test Report
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Color Parameters:
Chromaticity Coordinate:x=0.6010  y=0.3980

Chromaticity Coordinate:u'=0.3657  v'=0.5449(duv=-3.16e-03)

Tc=1445K  Dominant WL:Ld=594.7nm  Purity=99.9% Centroid WL:597.0nm

Ratio:R=42.3% G=57.7% B=0.0%  Peak WL:Lp=600.0nm  HWL:17.9nm

Render Index:Ra=-17.5

R1 =-28 R2 =57 R3 =16 R4 =-64 R5 =-35 R6 =51 R7 =-7

R8 =-129 R9 =-362 R10=38 R11=-88 R12=8 R13=-9 R14=46 R15=-60

Photo Parameters:
Flux: 74.748 lm   Fe: 0.16509 W Efficacy:30.92 lm/W

Electrical Parameters:
Luminaire: U=119.89V  I=0.03943A  P=2.418W PF=0.5114

Instrument Status:
Scan Range:380.0nm-800.0nm Interval:5.0nm[0] Ip=49694(G=6,D=56)
REF=18440(R=4) %=-0.103% PMT: 23.9 centigrade [22.7]

BLO

Product Type:JLA19-OMNI-2.5-E26 Manufacturer:JOINLUCK
Number: Test Department:JOINLUCK
Temperature:25.3 deg Humidity:65.0%
Test Operator: Test Date:2016-03-18 10:17:55
Software:V3.00.137 Instrument:PMS-80_V1 (SN:11090015)


