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SERIES 2300 DRYWALL / HVAC LIFT
Perfect for one man drywall, light fixture and ductwork installation.

APPLICATIONS
• Solid, safe construction (CE)
• Two speed winch handle
• Quick, tool-free assembly
• One person operation
• Tilts 65° for drywall installation
• Lifts loads of 150 lbs. (70 kg)
• Available in 11' (3.4 m) 
   & 15' (4.5 m) heights
• Lightweight

CRADLE ARM
CAN BE SET TO MULTIPLE 
POSITIONS (UP TO 65°)
USING PLUNGER PINS, OR 
CRADLE CAN FLOAT FREELY

PROTECTIVE CAPS
PREVENTS DRYWALL DAMAGE

SELF BRAKING WINCH
WITH TWO SPEED WINCH HANDLE. 
NO SPINNING WHEELS, NO FREE 
FALL,  NO PINCHED FINGERS

BACK STOP BRAKE

CRADLE OUTRIGGERS
PULL OUT TO ACCOMMODATE 
DRYWALL PANELS

FOLD-UP 
STEERING LEVER

CARRYING HANDLE

INSTRUCTION MANUAL

4" (10 CM) 
LOCKING CASTERS

BASE LEGS 
FOLD UP TO COMPACT
PACKAGE FOR STORAGE

PART # DESCRIPTION MAX LOAD 
HEIGHT

MIN LOAD 
HEIGHT

LOAD 
CAPACITY

MAX DRYWALL 
DIMENSIONS

BASE 
HEIGHT

BASE FOOTPRINT 
(OPEN)

LIFT WEIGHT

710010
2311 DRYWALL LIFT 
with CART

11' 2-3/4"
(3.4 m)

34"
(86 m)

150 lbs.
(70 kg)

4' x 12'
(1.2 m x 3.7 m)

7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

109 lbs.
(49.4 kg)

710011
2315 DRYWALL LIFT 
with CART

14' 9-3/4"
(4.5 m)

48"
(122 cm)

150 lbs.
(70 kg)

4' x 12'
(1.2 m x 3.7 m)

7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

115 lbs.
(52.1 kg)

710012 2311 HVAC LIFT with CART 11' 2-3/4" --
150 lbs.
(70 kg)

N/A
7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

112 lbs. 
(50 kg)

710013 2315 HVAC LIFT with CART
14' 9-3/4"
(4.5 m)

48"
(122 cm)

150 lbs.
(70 kg)

N/A
7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

87 lbs.
(39.5 kg)

DRYWALL LIFT TRUCK 
(#784510 INCLUDED)



Sumner Manufacturing Co., LLC    I   7514 Alabonson Rd. | Houston, TX 77088
281.999.6900    I    www.southwire.com © 2024 Sumner Manufacturing

SPECIFICATIONS

SERIES 2300 DRYWALL / HVAC LIFT

PART # DESCRIPTION MAX LOAD 
HEIGHT

MIN LOAD 
HEIGHT

LOAD 
CAPACITY

MAX DRYWALL 
DIMENSIONS

BASE 
HEIGHT

BASE FOOTPRINT 
(OPEN)

LIFT WEIGHT

710010
2311 DRYWALL LIFT 
with CART

11' 2-3/4"
(3.4 m)

34"
(86 m)

150 lbs.
(70 kg)

4' x 12'
(1.2 m x 3.7 m)

7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

109 lbs.
(49.4 kg)

710011
2315 DRYWALL LIFT 
with CART

14' 9-3/4"
(4.5 m)

48"
(122 cm)

150 lbs.
(70 kg)

4' x 12'
(1.2 m x 3.7 m)

7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

115 lbs.
(52.1 kg)

710012
2311 HVAC LIFT 
with CART

11' 2-3/4" --
150 lbs.
(70 kg)

N/A
7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

112 lbs. 
(50 kg)

710013
2315 HVAC LIFT 
with CART

14' 9-3/4"
(4.5 m)

48"
(122 cm)

150 lbs.
(70 kg)

N/A
7"
(18 cm)

55" x 55" x 52"
(1.4 m x 1.4 m x 1.3 m)

87 lbs.
(39.5 kg)

OPTIONAL ACCESSORIES

784355 Drywall Cradle Only DWCRADLE 661165843552

784474 HVAC/Electrical Cradle Only HVACCRADL 661165844740

784510 Drywall Lift Cart DWCART 661165845105


