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XDTM
WORKING LOAD: 10,000 LBS.

USB PORT FOR EASY 
DATA EXTRACTION

BACK LIT SCREEN ALLOWS 
FOR EASY VIEWING 

10,000 lb., in-line tension monitor.

MODEL # STOCK # UPC DESCRIPTION HEIGHT WIDTH LENGTH WEIGHT

XDTM 65111501 0-32886-71013-1 10,000 lb. In-line Tension Monitor 10.50'' 20.50'' 7.50'' 41 lbs.

EASILY INSERTS INTO ROPE-LINE 
WITHOUT DISASSEMBLY

BUILT-IN BATTERY 
FOR LONG LIFE

CUSTOM ROLLER CASE

WIRELESS DESIGN TO ALLOW 
FOR REMOTE MONITORING
(The mobile app won't be available 
until October)

LARGE, SOFT TOUCH 
BUTTON CONTROLS

BACKLIT DISPLAY 
FOR HIGH VISIBILITY

ANODIZED ALUMINUM 
FRAME FOR DURABILITY

TIE-OFF SLOTS

5-ROLLER DESIGN 
MEANS ONE CALIBRATION 
COVERS FULL RANGE 
OF ROPE SIZES

NO DISASSEMBLY
FOR ROPE INSERTION

TOP HANDLE FOR 
EASY HANDLING

EXTREME DUTY TENSION MONITOR


