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Cleaner, quicker steel punch dies.

QUICKER SMOOTHER CUT
Will not bow panel or leave jagged edges

HEAVY DUTY CUTTING
Cuts through 10 gauge steel (3.5mm) as 
well as aluminum, fiberglass and plastics

 

MAX PUNCH® MILD AND STAINLESS STEEL DIES

HEAVY DUTY CUTTING
Cuts through 10 gauge stainless steel (3.5mm)
as well as aluminum, fiberglass and plastics

QUICKER SMOOTHER CUT
Will not bow panel or leave jagged edges
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MAX PUNCH® MILD AND STAINLESS STEEL DIES

Specifications
MILD STEEL

STAINLESS STEEL

MODEL # STOCK # DESCRIPTION CONDUIT & PIPE SIZE HOLE SIZE ACTUAL" MM

MODEL # STOCK # DESCRIPTION CONDUIT & PIPE SIZE HOLE SIZE ACTUAL" MM CAPACITY S.S. GA
MAX PUNCH® Cutter for Stainless Steel 1/2"
MAX PUNCH® Cup for Stainless Steel 1/2"
MAX PUNCH® Cutter for Stainless Steel 3/4"
MAX PUNCH® Cup for Stainless Steel 3/4"
MAX PUNCH® Cutter for Stainless Steel 1"
MAX PUNCH® Cup for Stainless Steel 1"
MAX PUNCH® Cutter for Stainless Steel 1 1/4"
MAX PUNCH® Cup for Stainless Steel 1 1/4"
MAX PUNCH® Cutter for Stainless Steel 1 1/2"
MAX PUNCH® Cup for Stainless Steel 1 1/2"
MAX PUNCH® Cutter for Stainless Steel 2"
MAX PUNCH® Cup for Stainless Steel 2"
MAX PUNCH® Cutter for Stainless Steel 2 1/2"
MAX PUNCH® Cup for Stainless Steel 2 1/2"
MAX PUNCH® Cutter for Stainless Steel 3"
MAX PUNCH® Cup for Stainless Steel 3"
MAX PUNCH® Cutter for Stainless Steel 3 1/2"
MAX PUNCH® Cup for Stainless Steel 3 1/2"
MAX PUNCH® Cutter for Stainless Steel 4"
MAX PUNCH® Cup for Stainless Steel 4"
MAX PUNCH®Small Die Set 1/2"-2" in case*
MAX PUNCH®Large Die Set 2 1/2"-4" in case*
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MAX PUNCH® 1/2" conduit size cutter
MAX PUNCH® 1/2" conduit size cup
MAX PUNCH® 3/4" conduit size cutter
MAX PUNCH® 3/4" conduit size cup
MAX PUNCH® 1" conduit size cutter
MAX PUNCH® 1" conduit size cup
MAX PUNCH® 1 1/4" conduit size cutter
MAX PUNCH® 1 1/4" conduit size cup
MAX PUNCH® 1 1/2" conduit size cutter
MAX PUNCH® 1 1/2" conduit size cup
MAX PUNCH® 2" conduit cutter
MAX PUNCH® 2" conduit cup
MAX PUNCH® 2 1/2" conduit cutter
MAX PUNCH® 2 1/2" conduit cup
MAX PUNCH® 3" conduit cutter
MAX PUNCH® 3" conduit cup
MAX PUNCH® 3 1/2" conduit cutter
MAX PUNCH® 3 1/2" conduit cup
MAX PUNCH® 4" conduit cutter
MAX PUNCH® 4" conduit cup
MAX PUNCH® Small Die Set 1/2"-2" in case*
MAX PUNCH® Large Die Set 2 1/2"-4" in case*
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* Drive Unit Not Included
CAPACITY M.S. GA


