
PVCB-04 
PVCB-06 
PVCB-06M

PVC BENDER ADJUSTABLE  ROLLER 
STAND TO SUPPORT LONG 
CONDUIT LENGTHS

CAPTURED CONDUIT 
ROLLERS IN BOTH MANUAL 
AND MOTORIZED MODELS 
FOR EVEN ROTATIONAL 
HEATING 
 

1-855-SWTOOLS  |  1-855-798-6657  |  SOUTHWIRETOOLS.COM

A Schedule 40/ Schedule 80 PVC and Round Thermosetting 
Conduit Bender
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• Durable Black Powder Coating for Increased Corrosion Resistance
• Solid 6” Wheels for Easy Maneuverability
• Chrome Plated Reflectors for Maximum Reflectivity of Infrared Energy for a Faster Bend
• Label Includes NEC Bending Tables
• Bright Red Indicator Light to Advise when Unit is Turned “ON” 

FEATURES & BENEFITS

SPECIFICATIONS

PVCB-04 
PVCB-06 
PVCB-06M

MODEL # STOCK # UPC # DESCRIPTION HEIGHT WIDTH DEPTH WEIGHT WARRANTY

PVCB-04 64-30-11-01 0-32886-98360-3 1/2” to 4” PVC 
Bender

13” 56” 8.5” 50lbs 5 Year Limited

PVCB-06 64-30-12-01 0-32886-98361-0 1/2” to 6” PVC 
Bender

16.5” 73” 11.75” 80lbs 5 Year Limited

PVCB-06M 64-30-13-01 0-32886-98362-7 1/2” to 6” PVC 
Motorized 

Bender

16.5” 73” 11.75” 81lbs 5 Year Limited


