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SCREW JAX

CJ01/CJ02SCREW JAX
CJ01 Screw-Type Reel Jax 22″-54″
CJ02 Screw-Type Reel Jax 13″-27″

ROLLERS FIT INSIDE 
AXLE GROOVES TO 
PREVENT AXLE RUNNING

WIDE WELDED STEEL 
BASE FOR ADDED  
STRENGTH AND  
STABILITY

TELESCOPING MID  
SECTION FOR  
ADJUSTABLILITY

STRUT LOCK PIN FOR 
ADDED STRENGTH  
AND STABILITY

CJ01

CJ02

2,500 LBS (single)
5,000 LBS (set)
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CJ01
CJ02• Roller bearing incorperated into Jax rollers

• Powder-coat finish for superior durability  
and corrosion resistance

SCREW JAX

SPECIFICATIONS

MODEL # STOCK # UPC # DEPTH WIDTH HEIGHT WEIGHT

CJ01 59892901 0-32886-96134-2 21″ 24″ 54″ 42 lbs.
DESCRIPTION Screw Jax SHIPPING Box

MODEL # STOCK # UPC # DEPTH WIDTH HEIGHT WEIGHT

CJ02 59893001 0-32886-96135-9 15″ 15″ 28″ 22 lbs.
DESCRIPTION Screw Jax SHIPPING Box

CJ01

CJ02
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