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SEALING LOCKNUTS 
STEEL

Job Name/Title:__________________________________ Model #:______________________ Contractor:__________________________

FEATURES  
 • Zinc plated with PVC molded gasket for a watertight seal

APPLICATIONS 
 • Indoor or outdoor use
 • Use to secure Rigid, IMC conduit or various threaded fittings to a steel  
  outlet box or other metal enclosures, when moisture proof protection is required

STANDARD MATERIAL  
 • Steel

STANDARD FINISH 
 • Zinc plated
 • Gasket - PVC

CERTIFICATIONS 
 • UL Standard: UL 514B 
 • Fed. Spec: W-F-406E, W-F-406D
 • NEMA: FB 1-2014

PART # SIZE THREADS  
PER INCH

INNER 
QTY.

MASTER 
QTY.

WEIGHT/ 
CASE (LBS.) A B THREAD PITCH 

DIAMETER

711 1/2" 14 50 500 8 1.12" .26" .787 – .797

712 3/4" 14 50 500 11 1.37" .27" .999 – 1.009

713 1" 11-1/2 25 250 10 1.75" .28" 1.25 – 1.26

714 1-1/4" 11-1/2 10 100 6 2.06" .32" 1.595 – 1.605

715 1-1/2" 11-1/2 10 100 7 2.37" .32" 1.837 – 1.847

716 2" 11-1/2 10 100 9 2.87" .32" 2.307 – 2.317

717 2-1/2" 8 --- 25 3 3.43" .32" 2.777 – 2.788

718 3" 8 --- 25 5 4.12" .32" 3.403 – 3.414

719 3-1/2" 8 --- 25 6 4.62" .32" 3.892 – 3.904

720TZ 4" 8 --- 25 7 5.18" .32" 4.399 – 4.411

720A 5" 8 --- 5 8 6.67" .50" 5.488 – 5.50

720B 6" 8 --- 5 11 7.83" .52" 6.545 – 6.557
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