
VEE HEAD
4" (10 CM) WIDE 120° ANGLE
IDEAL FOR PIPE UP TO 24" 
(61 CM) IN DIAMETER

GALVANZIED INSIDE TUBE 
RESISTS CORROSION

ROUNDED 
FOOT PADS
NO SHARP EDGES

STRUT TENSION PLATE
FOR SUPERIOR LATERAL SUPPORT

1" (2.5 CM) 
SQUARE TUBE

LARGE 
ADJUSTMENT 
SCREW
WORKS EASILY WITH 
GLOVED HANDS

QUICK ACTION
LOCK WASHER
FOR FAST HEIGHT
POSITIONING

SET SCREW
CONVENIENT CARRY 
HANDLE
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APPLICATIONS
• Built for heavy use and abuse
• Legs can be replaced for easy repair
• 3,500 lbs (1,580 kg) load capacity
• Jack independently load tested
   for quality assurance
• Backed by forty years of jack stand 
   manufacturing experience
• Patented Fall GuardTM feature 
   allows 1" (2.5 cm) safety zone 
   around lock washer
• Rib-supported vee head pervents
   “pancaking”

ITEM # DESCRIPTION WEIGHT

HEAVY DUTY JACK PLUS

780326 Heavy Duty Jack Plus with Ribbed Vee-Head 24 lbs (10.9 kg)


