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 CD0BTZ

CLAMPS AND CLIPS

CONDUIT HANGERS WITH BOLT
APPLICATION 
Indoor or outdoor, use to secure and suspend conduit from overhead supports.

FEATURES
Assembled with nut and bolt
Use in areas where EMT or rigid conduit are used

MATERIAL/FINISH
Steel/Zinc Plated

CERTIFICATIONS
UL Standard: UL2239
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 CD0BTZ

CLAMPS AND CLIPS

CONDUIT HANGERS WITH BOLT

PART # RIGID 
SIZE

EMT 
SIZE

BOLT 
SIZE A B C D BOX

QTY.

 CD0BTZ 1/2" 1/2" 1/4"-20 1.875" .75" .725" .25" 100

CD1BTZ 3/4" 3/4" 1/4"-20 2.125" .75" .85" .25" 100

CD2BTZ 1" 1" 1/4"-20 2.437" .875" .975" .25" 100

CD2.5BTZ - 1-1/4" 1/4"-20 2.875" .875" .975" .25" 100

CD4BTZ 1-1/2" --- 1/4"-20 3.125" 1" 1.125" .25" 100

CD5BTZ 2" 2" 1/4"-20 3.875" 1" 1.145" .25" 50

CD6BTZ 2-1/2" 2-1/2" 5/16"-18 4.625" 1.25" 1.225" .3125" 50

CD7BTZ 3" 3" 5/16"-18 5.50" 1.25" 1.275" .3125" 25

CD8BTZ 3-1/2" 3-1/2" 5/16"-18 5.75" 1.25" 1.275" .3125" 25

CD9BTZ 4" 4" 5/16"-18 6.25" 1.25" 1.275" .3125" 25

PULL FORCE (LOAD RATING)

(EMT) (RMC)  
(IMC) RIGID PVC CONDUIT

TRADE 
SIZE

METRIC  
DESIGNATOR

PULL  
FORCE 
(LBF)

REFERENCE 
LOAD  

RATING (LB)

PULL 
FORCE 
(LBF)

REFERENCE LOAD  
RATING (LB)

PULL 
FORCE 
(LBF)

REFERENCE LOAD  
RATING (LB)

1/2" (16) 150 50 150 50 150 50

3/4" (21) 150 50 150 50 150 50

1" (27) 190 60 190 60 160 50

1-1/4" (35) 225 75 225 75 175 55

1-1/2" (41) 250 80 250 80 180 60

2" (53) 300 100 300 100 200 65

2-1/2" (63) 375 125 375
475

125
160 250 80

3" (78) 500 160 500
875

165
295 300 100

3-1/2" (91) 600 200 600
1125

200
375 375 125

4" (103) 700 230 700 230 450 150
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