Job Name/Title: Model #: Contractor:

southwire”

IS

CONDUIT NIPPLES
GALVANIZED STEEL

FEATURES
¢ NPT thread
¢ High corrosion resistance
APPLICATIONS 64536 . 6457
e Use to extend a length of threaded Rigid or IMC conduit c @ us
STANDARD MATERIAL
® Galvanized steel PART#  SIZE ooued QMY cAse (LBS)
CERTIFICATIQNS 64504 ar . s ”
* cULus Listed 64505 | 34" 5 25 03
e Fed. Spec: WW-C-563 64526 3" 6 oF 5
¢ 1/2"-4" meet UL 6 and ANSI C80.1 64528 e 5 ] 73
645210 3/4" 10 1 89
PART#  SIZE hﬁgﬁ{? "’“(‘,SWT_E“ c;‘(ﬁ'ﬂ'?{'.}é_) 645212 3/4" 12 1 109
6451 1/2" CLOSE 25 6
6451112 1/2" 1-1/2 25 8 6453 1" CLOSE 25 16
64512 1/2" 2 25 12 64532 1" 2 25 22
6451212 1/2" 2-1/2 25 15 6453212 1" 2-1/2 25 28
64513 1/2" 3 25 26 64533 1" 3 25 26
6451312 1/2" 3-1/2 25 6 6453312 1" 3-172 25 43
64514 1/2" 4 25 26 64534 1" 4 25 49
64515 1/2" 5 25 33 64535 1" 5 25 64
64516 1/2" 6 25 40 64536 1 6 25 20
64518 1/2" 8 1 54 64538 1" 8 1 1
645110 1/2" 10 1 68 645310 1" 10 | |
645112 1/2" 12 1 82 645312 1" 12 | 2
6452 3/4" CLOSE 25 9 6454 1-1/4" CLOSE 25 22
6452112 3/4" 1-1/2 25 10 64542 1174 2 25 28
64522 3/4" 2 25 14 6454212 1-1/4" 2-1/2 25 37
6452212 3/4" 2-1/2 25 19 64543 1-1/4" 3 25 25
64523 3/4" 3 25 2% 6454312 1-1/4" 3-1/2 25 55
6452312 | 3/4" 3-1/2 25 28 64544 | 1-1/4° 4 25 66
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GCONDUIT NIPPLES __
GALVANIZED STEEL (continued)
continue cus

ety sge  LENGTH MASTER WEGHT
- . : PART # SIZE LENGTH MASTER WEIGHT/
64545 1-1/4 5) 25 84 INCHES QTy. CASE (LBS.)
64546 1-1/4" 6 25 25 64574 2-1/2" 4 1 150
64548 1-1/4" 8 25 25 64575 2-1/2" ) 1 197
645410 1-1/4" 10 1 2 64576 2-1/2" 6 1 3
645412 1-1/4" 12 1 2 64578 2-1/2" 8 1 3
645710 2-1/2" 10 1 4
6455 1-1/2" CLOSE 25 28 645712 2-1/2" 12 1 5
64552 1-1/2" 2 25 34
6455212 1-1/2" 2-1/2 25 44 6458 3" CLOSE 1 1
64553 1-1/2" 3 25 25 64583 3" 3 1 1
6455312 1-1/2" 3-1/2 25 68 6458312 3" 3-1/2 1 2
64554 1-1/2" 4 25 80 64584 3" 4 1 2
64555 1-1/2" 5 25 103 64585 3" 5 1 3
64556 1-1/2" 6 1 31 64586 3" 6 1 3
64558 1-1/2" 8 1 2 64588 3" 8 1 4
645510 1-1/2" 10 1 2 645810 3" 10 1 5
645512 1-1/2" 12 1 8 645812 3" 12 1 6
6456 2" CLOSE 25 44 6459 3-1/2" CLOSE 1 2
6456212 2" 2-1/2 25 15 64594 3-1/2" 4 1 2
64563 2" 3 25 25 64595 3-1/2" 5 1 3
6456312 2" 3-1/2 1 40 64596 3-1/2" 6 1 4
64564 2" 4 1 40 64598 3-1/2" 8 1 5
64565 2" 5 1 44 645910 3-1/2" 10 1 7
64566 2" 6 1 46 645912 3-1/2" 12 1 8
64567 2" 7 1 25
64568 2" 8 1 2 6410TZ 4" CLOSE 1 2
645610 2" 10 1 3 64104 4" 4 1 3
645612 2" 12 1 3 64105 4" 5 1 4
64106 4" 6 1 4
6457 2-1/2" CLOSE 1 84 64108 4" 8 1 6
64573 2-1/2" 3 1 1 641010 4" 10 1 8
6457312 2-1/2" 3-1/2 1 12 641012 4" 12 1 9 Rev. 0, 03/23
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