Job Name/Title: Model #: Fixture Type:

7/ TOPAZ

A Southwire Company

LED 3-WAY A19

OMNIDIRECTIONAL

INPUT VOLTAGE: 120V
e Fan lights, decorative, recessed, task lighting
e Residential, hospitality, retail, restaurants, commercial FREQUENCY: 50/60Hz
THD%: <159
e 3 light levels (For use with 3-way light switch) i <15%
¢ 85% energy savings compared to 100W incandescent .
e Suitable for use in totally enclosed luminaires 58?7“(;‘;:' E(I;IJVWA"AGE'
e Long life — up to 10X longer than traditional incandescents
e RoHS compliant and mercury free CRI: 80
e Plastic lens material provides shatter protection )
BASE: E26
BEAM ANGLE: 300°
LIFETIME (L70):
UP TO 25,000 HOURS

c ‘ us Hs q TEMP RANGE
LISTED LOCATION WA““A""
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Job Name/Title: Model #: Fixture Type:

7z TOPAZ

A Southwire Company

LED 3-WAY A19

OMNIDIRECTIONAL

LUMENS
MODEL # INITIAL LUMEN WATTAGE
0 PER WATT UMENS G
LA19/12/27K/3W-46 78983 751338019027 93/105/100 280/950/1200 3/9/12W 2700K
LA19/12/30K/3W-46 78984 751338019034 93/105/100 280/950/1200 3/9/12W 3000K

Example: LA19/12/27K/3W-46
PRODUCT WATTAGE OPTIONS

27K = 2700K
LA19 = LED LAMP A19 12W = 12 WATTS 30K = 3000K 3W = 3-WAY

Based on 3 hours/day and $0.11/kWh

INCANDESGENT
REPLACEMENT WATTAGE

LA19/12/xxK/3W-46. 12W 100W 88W $17.67 $88.35

MODEL # LED WATTAGE

WATTS SAVED YEARLY SAVINGS 5 YEAR SAVINGS

A B WEIGHT
(IN) (IN) (LBS.)

LA19/12/xxK/3W-46 4.7 2.4 .16 A

MODEL #

Suitable for enclosed fixtures. This device is not intended for use with emergency exits.

This device complies with Part 15 of the FCC Rules. Operation is subject to the following two conditions: (1) this device may not cause harmful interference, and (2) this device must accept any interference received,
including interference that may cause undesired operation.

FIVE (5) YEAR LIMITED WARRANTY: SOUTHWIRE COMPANY, LLC: For details visit: https://southwire.com/resources/warranties

Specifications subject to change without notice.
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